










6.2” x 2.1” x 0.6” (15.8cm x 5.4 x 1.5)

3 ounces (85g)

Any

Stainless Steel

RAM-33  (Multi Memory Cooler)

Dimensions:

Weight:

Hose Size:

Materials:

Koolance offers liquid coolers for 
extremely specific heat sources: 
motherboard northbridge chipsets, 
southbridge chipsets, and voltage 
regulators. Reduce temperatures 
and eliminate fans with low profi le 
liquid coolers.

1.5” x 1.5” x 0.43” (3.8cm x 3.8 x 1.1)

4 ounces (113g)

Any

Copper, Brass Top/Swiveling Fittings, Nickel 

Plating

  CHC-125  (Motherboard Northbridge, Southbridge)

Dimensions:

Weight:

Hose Size:

Materials:

0.67” x 0.55” x 2.28” (1.7cm x 1.4 x 5.8)

4 ounces (113g)

Any

Copper, Nickel Plating

  MVR-40 (Motherboard MOSFET / VReg)

Dimensions:

Weight:

Hose Size:

Materials:

Koolance RAM coolers pass liquid between each 
DDR3, DDR2, DDR, or SD DIMM memory stick. 
Coolant is placed within 2mm of each chip's 
surface.

(Other manufacturers provide "top-pass-only", 
where liquid is only run along the top of each 
DIMM.)

6.2” x 2.1" x 0.6” (15.8cm x 5.4 x 1.5)

3 ounces (85g)

Any

Anodized Aluminum, Hydra-Pak
®

RAM-35  (Multi Memory Cooler)

Dimensions:

Weight:

Hose Size:

Materials:

Memory and Hard Drive CoolersMotherboard Coolers

Hard drive coolers are special devices that capture heat from the motor and circuits 
below hard disk drives. Whether using SATA, IDE, SAS, or SCSI, Koolance hard 
drive coolers add increased performance over air solutions, minus the noise.

4” x 6.8” x 0.31” (10.2cm x 17.3 x 0.85)

7 ounces (198g)

Any

Stainless Steel, Brass

HD-60  (Dual Hard Drive Cooler)

Dimensions:

Weight:

Hose Size:

Materials:

4” x 6” x 0.7” (10.2cm x 15.2 x 1.7)

3.7 ounces (105g)

Any

Hydra-Pak
®
, Anodized Aluminum Frame

HD-57  (Dual Hard Drive Cooler)

Dimensions:

Weight:

Hose Size:

Materials:

With highly adjustable mounting brackets, individual coolers are fl exible and 
often support hardware well into the future.

Full coverage blocks are designed 
for specifi c motherboard models. 
These handle all primary heat 
sources with a single convenient 
product.

0.67” x 0.55” x 3.9” (1.7cm x 1.4 x 10)

4.5 ounces (140g)

Any

Copper, Nickel Plating

  MVR-100 (Motherboard MOSFET / VReg)

Dimensions:

Weight:

Hose Size:

Materials:
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Heat Exchangers Pumps & Reservoirs

Koolance offers internal and external mounted heat exchangers in single, double, 
triple, and quad fan sizes. Both copper core and brazed aluminum versions are 
available.

Strength, reliability, and performance are provided with brushless DC centrifugal 
pumps. Flow rates can be adjusted through Koolance electronic controllers.

   Single Fan Heat Exchangers

Fan Sizes:

Materials:

Hose Size:

120mm, 140mm

Copper Core or Aluminum

Any

   Dual Fan Heat Exchangers

Fan Sizes:

Materials:

Hose Size:

120mm, 140mm

Copper Core, Aluminum

Any

   Triple Fan Heat Exchangers

Fan Sizes:

Materials:

Hose Size:

120mm, 140mm

Copper Core or Aluminum

Any

   Quad Fan Heat Exchangers

Fan Sizes:

Materials:

Hose Size:

120mm

Copper Core or Aluminum

Any

Used in various industries, plate heat exchangers provide highly effi cient heat 
transfer between two liquids without allowing them to mix. Koolance plate heat 
exchangers are among the most compact and cost effective available.

   HXP-135

Dimensions:

Heat Transfer:

5.3" x 1.58" x 1.46"

(13.5cm x 4.0 x 3.7)

2.7 kW (9,200 BTU/hr) @5LPM, 20°C Delta

   HXP-193

Dimensions:

Heat Transfer:

7.7" x 3.3" x 1.6"

(19.5cm x 8.5 x 4)

4.0 kW (13,600 BTU/hr) @5LPM, 20°C Delta

   PMP-300

Flow Rate:

Max Head:

Voltage:

7L/min (1.85 gal/min)

2.6m (8.53ft)

6 to 12 VDC

   PMP-400

Flow Rate:

Max Head:

Voltage:

8.7 L/min (2.3 gal/min)

7m (23ft)

8 to 13.2 VDC

   PMP-450S

Flow Rate:

Max Head:

Voltage:

22.3L/min (5.9 gal/min) @ 25V

5.7m (18.7ft) @ 25V

8 to 25 VDC

RP-1000 (PMP-400)

RP-980 (PMP-300)

Reservoirs come in many sizes and capacities. Customize your own with the exact 
parts you need.

Top with 
Fill Port

Coolant Level Sensor

Brass Coupler

Coupler with 
Threaded 
Sockets

Nozzle Base
Pump and

Nozzle Base
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Power Supply & Miscellaneous

Koolance offered the world’s fi rst liquid-cooled ATX power supply in 2001 (230W). 
The 1000W PSU-1000ATX-12N achieves greater than 80% effi ciency by operat-
ing in a completely submerged state.

6” x 3.35” x 8.1”

(15.2cm x 8.5 x 20.5)

12.4 lbs (5.6kg)

Any

Stainless Steel

  PSU-1000ATX-12N

Dimensions:

Weight:

Hose Size:

Materials:

2.2" x 2.2" x 1.3"

(5.5cm x 5.5 x 3.2)

0.5-22 LPM (7.8-349 GPH)

Any

  INS-FM16 Flow Meter

Dimensions:

Flow Range:

Hose Size:

TMS Main Software Window

• Monitor up to 10 temperature sensors,
   each with individually programmable
   alarm & shutdown points
• Control up to 2 pumps and 8+ fans
• Monitor up to 2 fl ow meters
• Pump and fan RPM reporting
• User-defi ned "auto" fan & pump settings
• Full reporting and logging feature
• Pump performance test mode
• Supports 32 & 64-bit versions of
  Microsoft Windows 7, Vista, & XP

Tubing Splitters, Shutoff Valves, & Adapters

Quick-Disconnect Shutoffs, Nozzles, and Fittings

Among the most important components are the smallest. With any liquid cooling 
application in mind, high quality, reliable fi ttings are critical.

Koolance manufactures a vast array of fi ttings, nozzles, 
splitters, and adapters for use with fl exible hose or fi xed 
copper pipe. All are made of high quality brass, with 
anti-corrosive nickel plating and durable o-rings.

Especially popular are Koolance (patent-pending) quick-
disconnect no-spill auto shutoff nozzles, which both out-
perform and cost less than more popular brands.

1” x 1.9” x 0.75”

(2.5cm x 4.8 x 1.9)

1.0-15 LPM (15.6-240 GPH)

Any

  INS-FM17 Flow Meter

Dimensions:

Flow Range:

Hose Size:

Koolance's TMS thermal management system enables software control of the 
cooling system through a USB connection.
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